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12/09/2013

MATERIAL:

FINISH:

N/A

N/A

PART/DWG NUMBER:

DESCRIPTION:

DRAWN:
J.T

UNLESS OTHERWISE SPECIFIED
DIMENSIONS ARE IN MILLIMETRES.
TOLERANCES ARE:

0 - 20 ± 2 HOLE ø ±1
>20-100 ± 2 HOLE ±1
>100-200 ±2      ANGULAR ±1 >200
±  2

DRAWN TO AS1100

3D MOD:
J.T

PRODUCT DRAWING
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